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D-2000 Series Contact

Tab Contact

• Crimped type
   (gold plating
   thickness 0.38 m)

Note: When placing your order, please check with the 
confirmed sales slots.

 Please contact our sales department or purchase 
distributor for more information. 

 For mini applicator, please contact with the sales 
department.

The receptacle contact can be used in all receptacle housings, the tab contact can be used in all tab housings.
Details of the applicable tools are available from P. 107

Receptacle Contact�

NOTE: All products are RoHS compliant On selection.
           You need to confirm LOT and lead time

D-2100S 1-Row Standard Type

Tab Housing

(Panel type) (Free Hanging type)

PCB Mounting Tab Header

(Horizontal type) (Vertical type)

Receptacle Housing

No of 
Pos. Color Key Receptacle

Housing Plating
Tab Housing PCB Mounting Tab Header

Panel type Free Hanging type Horizontal type Vertical type

3

Black X 1-1318120-3 1-1318116-3 1-1318117-3 1376135-1 1318123-1

Black Y 2-1318120-3 2-1318116-3 2-1318117-3 1376135-2 1318123-2

Black Z 3-1318120-3 Gold - - 1376135-3 -

Black X 1-1473074-3� Gold - - -           1-1318123-1

The * mark means drawer type

Vertical type

• PCB Mounting Tab Header
Horizontal type
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• Receptacle Housing
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External Dimension

37.8

30.7

パネル/フリーハンギング・タイプ

23.8

24.3

17.2

17.7

Mating Dimension

No.of 
Pos. Keying Plating Color Part Number Dimensions

A B C

3

X - Black 1-1318120-3
8.9 20.0 12.0Y - Black 2-1318120-3

Z - Black 3-1318120-3
X - Black 1-1473074-3 8.9 20.0 11.8

A

B

C

Free Hanging type

• Tab Housing
Panel type

A

B

C

No.of 
Pos. Keying Plating Color Part Number Dimensions

A B C

3 X - Black 1-1318116-3 19.7 30.7 9.5Y - Black 2-1318116-3

No.of 
Pos. Keying Plating Color Part Number Dimensions

A B C

3 X - Black 1-1318117-3 10.2 30.7 9.5Y - Black 2-1318117-3

No.of 
Pos. Keying Plating Color Part Number

Dimensions
A B C

3

X Gold Black 1376135-1

10.2 17.7 11.0Y Gold Black 1376135-2

Z Gold Black 1376135-3

No.of 
Pos. Keying Plating Color Part Number

Dimensions
A B C

3
X

Gold Black     1318123-1

10.2 9.5 17.8Gold Black    1-1318123-1

Y Gold Black     1318123-2

Horizontal typeVertical
type

Panel/Free Hanging type

NOTE: All products are RoHS compliant On selection.
           You need to confirm LOT and lead time

Applicable 
Wiring Range

Insulation
Wire Outer
Diameter

mm

Wire
Range
Mark

Contact Part Number Applicable Tool Part Number

Receptacle Contact Tab Contact
Hand Tool Mini Applicator

AWG mm2
Strip Form Loose Piece Strip Form Loose Piece

28

26

24

0.09

0.12

0.20

0.88~1.3
S 1318106-1 1318108-1 1318110-1 1318112-1 91576-1 2151240-1

1.11~1.43

22

20

18

0.30

0.50

0.85

1.26~1.8
M 1318105-1 1318107-1 1318109-1 1318111-1 91595-1 2151071-1

1.79~1.9

• used in receptacle housing • used in tab housing�

Part Number Chart

Related product information
Application Contact …P.28
Performance • Specifications …P.26


