
EFH6055HH

Part Number （g）
20

EFH

 ・ All plastic hinge that is perfect in applications 
　 where corrosion is unacceptable.

Weight

 ・ Pivot angle : Max. 335°
 ・ Working temperature : Between －20°C and 80°C

How To Use

ELESA Original Design CFC

Black matte Polyacetal plasticPolyamide plastic
Pivot Pin & End CapBody

PLASTIC HINGES

 ・ Use in hot or highly humid circumstances can 
　 deteriorate the plastic material properties.
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For 4.8-Nominal Dia. Tapping Screws




