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ELESA Original Design CFE.

EFH-HHEFH-TTEFH-SS

Pivot Pin Body

Brass（C３６０４B）Polyamide plastic Stainless steel
（SUS303）Black matte Nickel plated finish

(Stud)(Tapped)

Insert & Stud

J

 ・ Pivot angle : Max. 200°
 ・ Working temperature : Between －20°C and 80°C

Perfect for use on doors with gaskets.・
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How To Use




