
HOIST RINGS, Center-Pull StyleHR / HRB

HR42, HR48, HR64 and all HRBs are not stock items. Strength Factor 5:1

Heat resistance : Max. 204°C

Bolt replacement kits are available.
A certificate of proof test accompanies the product.

HR

HRB

[HR Type]
 Material : SCM440 steel
 Finish : Black oxide

[HRB Type] 
 Material : SCM440 steel
 Finish : Nickel-based coating
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