
TC-PX PLASTIC FIXED ANGLE TIGHTENERS
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Part Number

Working temperature : -35 to 80℃

Technical information:

M-Hexagon Bolt
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Related Product Page

Can be used in various applications, chain or 
belt tighteners, shock and vibration absorbers.

This tightener is highly resistant to corrosion.・

・

Features:

・ It is noiseless and has high reliability.

Body/Arm

Polyamide 
Brass

Insert of Body

(glass-fiber reinforced)
Black

Cored Bar of Arm

Steel(SS400)
Zinc Plated

Natural
Rubber
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Pulley Bolt Sets            are available separately.TC-IB

M 8×1.25
M10×1.510
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