
RT-VF
Horn Speaker Voice Annunciator with Rotating Light

RT-24VFUL-R
① ② ③

① Rated Voltage
24 = 24V DC (RT-VF/RT-VFUL type)
100 = 100V AC (RT-VF type)
200 = 200V AC (RT-VF type)

② Sound Specifications
VF = MP3 sound file
VFUL = MP3 sound file
  (UL certified)

③ Luminous Color
R = Red
Y = Amber
G = Green
B = Blue
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Model Number Rated Voltage Bulb No. UL 
Certified Color Power 

Consumption Mass

RT-24VF-R/Y/G/B 24V DC 55 - Red / Amber / Green / Blue 24W 2.0kg

RT-100VF-R/Y/G/B 100V AC 54 - Red / Amber / Green / Blue 32W 2.4kg

RT-200VF-R/Y/G/B 200V AC 54 - Red / Amber / Green / Blue 30W 2.4kg

RT-24VFUL-R/Y/G/B 24V DC 55 ✔ Red / Amber / Green / Blue 24W 2.0kg

Supported Transistors NPN

Volume Control Rotating knob

Sound File Format MP3 data (bit rate: 64 kbps / sample rate: 44.1 kHz)

Product Description Model Number

Wall Mounting bracket with cover SZ-023

Wall mount bracket SZ-008

SD card (2GB) SDV-2GP

Bulb No. Model Number
54 D01201503-F1

55 D02402003-F1

* Light bulbs come in packs of 10.
* Stock for some light bulbs may be limited as 

products become discontinued. We ask for 
your understanding in this regard.

* A separate quotation is required for SD cards with custom messages pre-recorded.

Model Number Configuration

Dimensions (mm)

Product List

Other Specifications Optional Parts For details refer to P. 93 to P. 98
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