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BCAR・BCPR SERIES

BCAR  Part no. / Dimensions

Part no. W D H
Weight(g)
G T

BCAR091207�  90 120 70 213 220
BCAR091208�  90 120 85 228 237
BCAR101507� 100 150 70 291 300
BCAR101508� 100 150 85 309 318
BCAR112107� 110 210 75 379 398
BCAR112110� 110 210 100 442 440
BCAR112607� 110 260 75 451 466
BCAR112610� 110 260 100.5 504 519
BCAR131508� 135 155 85 379 381
BCAR131808� 135 185 85.5 404 434
BCAR131810� 135 185 100.5 420 426
BCAR162110� 160 210 100 495 513
BCAR162113� 160 210 130 544 564
BCAR162610� 160 260 100 605 629
BCAR162613� 160 260 130 701 729
BCAR172211� 170 220 110.5 560 586
BCAR172711� 170 270 110.5 700 710
BCAR192810� 190 280 100.5 755 778
BCAR192814� 190 280 141 909 933
BCAR203013� 200 300 131.5 957 989
BCAR203015� 200 300 151.5 995 1,022
BCAR203018� 200 300 180.5 1,104 1,122
BCAR212110� 210 210 100 666 692
BCAR212113� 210 210 130 740 762
BCAR253515� 250 350 151 1,307 1,378
BCAR253518� 250 350 181.5 1,443 1,510
BCAR282813� 280 280 130.5 1,218 1,251
BCAR283813� 280 380 130 1,506 1,563
BCAR303015� 300 300 151 1,393 1,472
BCAR303018� 300 300 181 1,549 1,630
BCAR304012� 300 400 121 1,562 1,629
BCAR304015� 300 400 150 1,617 1,729
BCAR304018� 300 400 181 1,773 1,907
BCAR353515� 350 350 150 1,757 1,827
BCAR353518� 350 350 181 1,908 1,970
BCAR354512� 350 450 120 2,140 2,239
BCAR354516� 350 450 160 2,454 2,586
BCAR354520� 350 450 201 2,718 2,866
BCAR405016� 400 500 160 2,742 2,921
BCAR506018� 530 630 185 5,564 5,737
BCAR506025� 530 630 255 6,203 6,399
BCAR507018G 530 730 188 6,366 ņ
BCAR507025G 530 730 255 7,037 ņ
BCAR608018G 630 830 188 8,279 ņ
BCAR608028G 630 830 288 9,719 ņ

ƔOnly white gray color is available for BCAR507018, 507025, 608018, 608028.

BCPR  Part no. / Dimensions

Part no. W D H Weight(g)

BCPR091207S  90 120 70 242 
BCPR091208S  90 120 85 264 
BCPR101507S 100 150 70 330 
BCPR101508S 100 150 85 354 
BCPR112107S 110 210 75 439 
BCPR112110S 110 210 100 493 
BCPR112607S 110 260 75 513 
BCPR112610S 110 260 100.5 589 
BCPR131508S 135 155 85 429 
BCPR131808S 135 185 85.5 475 
BCPR131810S 135 185 100.5 471 
BCPR162110S 160 210 100 583 
BCPR162113S 160 210 130 638 
BCPR162610S 160 260 100 699 
BCPR162613S 160 260 130 806 
BCPR172211S 170 220 110.5 677 
BCPR172711S 170 270 110.5 803 
BCPR192810S 190 280 100.5 889 
BCPR192814S 190 280 141 1,060 
BCPR203013S 200 300 131.5 1,091 
BCPR203015S 200 300 151.5 1,165 
BCPR203018S 200 300 180.5 1,296 
BCPR212110S 210 210 100 777 
BCPR212113S 210 210 130 862 
BCPR253515S 250 350 151 1,537 
BCPR253518S 250 350 181.5 1,722 
BCPR282813S 280 280 130.5 1,422 
BCPR283813S 280 380 130 1,747 
BCPR303015S 300 300 151 1,665 
BCPR303018S 300 300 181 1,814 
BCPR304012S 300 400 121 1,901 
BCPR304015S 300 400 150 1,917 
BCPR304018S 300 400 181 2,084 
BCPR353515S 350 350 150 2,109 
BCPR353518S 350 350 181 2,206 
BCPR354512S 350 450 120 2,471 
BCPR354516S 350 450 160 2,899 
BCPR354520S 350 450 201 3,224 
BCPR405016S 400 500 160 3,269 
BCPR506018S 530 630 185 6,431
BCPR506025S 530 630 255 7,339

W

D

H

Color Type ※ PC = Polycarbonate  

Color code Color of cover / material Color of base / material
BCARG White gray / ABS White gray / ABS
BCART Transparent / PC White gray / ABS
BCPRS Light gray / PC Light gray / Glass filled PC
ƔPlease suffix color code at the end of part number � when ordering BCAR / BCPR series.

Accessories (Optional parts) 

See page 221 to 223

Mounting plate BMP series

See page 224

Mounting  bracket
BFL · CK series

See page 225

Pole mounting  bracket
SSK series

See page 234 to 242

Cable gland

See page 227 to 230

Ventilation




