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Part Number (Type ∙ d)

PHSC5

Type
Tapped Type Threaded Type MMaterial

Right-Hand Thread Left-hand Thread Right-Hand Thread Left-hand Thread Holder Spherical Inner Ring Bushing (Liner)

1 Steel PHSC PHSCL PHSO PHSOL S35C (Trivalent Chromate) *SUJ2 (58HRC~) Special Copper Alloy

2
Lubrication 

Free
PHSCM PHSCLM PHSOM PHSOLM

d3 ∙ 4 S35C (Trivalent Chromate) *SUJ2 (58HRC~) Self-lubricating Synthetic Resin
Other Than Above S35C (Trivalent Chromate) SUJ2 (58HRC~) Polytetrafluoroethylene

3 Stainless Steel Oil Free PHSS PHSSL PHSOS PHSOSL SUS303 SUS440C (58HRC~) Polytetrafluoroethylene

* Hard Chrome Plating

Part Number

D D1 D2 L L1 M×P
l

B B1 T W
d1

r
Static Load Capacity 

Radial Cs {kN}
Mass

Type d
12 3 12 3 1 2 3 12 3

Tapped Type 3 12 6.5 8 27 21 M3×0.5 10 - 4.5 6 3 7 7.4 -

0.3

- 1.57 - 6.5 -
4 14 8 9.5 31 24 M4×0.7 12 5.3 7 4 8 7.6 - - 2.25 - 10

Right-Hand Thread
PHSC
PHSCM
PHSS

Left-hand Thread
PHSCL
PHSCLM
PHSSL

5 16 9 11 35 27 M5×0.8 14 12.5 6 8 9 7.7 8.8 5.59 3.92 0.98 16.5 16
6 18 10 13 39 30 M6×1.0 13.5 6.75 9 5 11 9 11.1 6.86 5 1.44 25 25
8 22 12.5 16 47 36 M8×1.25 17 16 9 12 14 10.4 12.7

0.5

9.8 7.45 2.69 43 43
10 26 15 19 56 43 M10×1.5 21 19 10.5 14 6.5 17 12.9 15.2 13.2 9.41 4.16 72 72

10A M10×1.25 - - - - -
12 30 17.5 22 65 50 M12×1.75 24 24 12 16 19 15.4 17.6 16.7 11 5.88 107 107
14 34 20 25 74 57 M14×2.0 27 27 13.5 19 8 22 16.9 19.2

0.7

20.6 15.2 6.61 160 160
14A M14×1.5 - - - - -
16 38 22 27 83 64 M16×2.0 33 33 15 21 19.4 19.4 25 20.2 8.33 210 210
18 42 25 31 92 71 M18×2.5 36 - 16.5 23 10 27 21.9 21.9 29.4 - - 295 -

18A M18×1.5 36
-

25.2 11.52 11.52
20 46 27.5 34 100 77 M20×1.5 40 - 18 25 30 24.4 34.3 27.8 - 380 -
22 50 30 37 109 84 M22×1.5 43 20 28 12 32 25.8 41.2 35.9 - 490

E 1Steel, 2Lubrication Free,3Stainless Steel Oil Free

D

L1

r

B1

B

d1

d
H7

L
L

MxP

Ø

1. Shaft Fits

Usage Condition
Tolerance of Shaft Dimensions

Steel Oil Free / Stainless Steel Oil Free

Normal Load h7 p6
Non-directional Load p6 p6

2. Clearance

Steel
Oil Free / Stainless 

Steel Oil Free

Radial Direction Clearance 0.035 or Less 0.045 or Less
Axial Clearance 0.1 or Less 0.1 or Less

Unit: mm

3. Allowable Slant Face

@2@1 @3

Shaft Step 
Shape

Shaft Condition
Allowable 

Incline Angle@
Large Stepped part of the shaft contacts the outer circumference of the holder. Small (@1)

Medium Stepped part of the shaft contacts the side or the inner circumference of the holder. Medium (@2)
No Shaft contacts the inner circumference of the holder. Large (@3)

d
Ball Dia. Ø (mm) @1 @2 @3
1 2 3 1 2 1 2 1 2 3

3 - 9.525 - - 8 - 10 - 42 -
4 - 10.319 - - 9 - 11 - 35 -
5 11.112 11.112 11.91 8 8 13 13 30 30 12
6 12.7 12.7 14.29 8 8 13 13 30 30 10
8 15.875 15.875 17.46 8 8 14 14 25 25 12
10 19.05 19.05 20.64 8 8 14 14 25 25 12
12 22.225 22.225 23.81 8 8 13 13 25 25 12
14 25.4 25.4 26.99 10 10 16 16 24 24 14
16 28.575 28.575 28.58 9 9 15 15 24 24 15
18 31.75 31.75 31.75 9 9 15 15 24 24 15
20 34.925 - - 9 - 15 - 24 - -
22 38.1 - - 10 - 15 - 23 - -
E 1Steel, 2Lubrication Free,3Stainless Steel Oil Free

Part Number
D L L1 M×P l B B1

d1
r

Static Load Capacity Radial Cs {kN} Mass
Type d 12 3 1 2 3 12 3

Threaded Type 3 12 33 27 M3×0.5 15 4.5 6 7.4 -
0.3

- 1.57 - 4.5 -
4 14 37 30 M4×0.7 17 5.3 7 7.6 - 2.25 - 7

Right-Hand Thread
PHSO
PHSOM
PHSOS

Left-hand Thread
PHSOL
PHSOLM
PHSOSL

5 16 41 33 M5×0.8 20 6 8 7.7 8.8 3.43 3.43 0.98 12.5 12
6 18 45 36 M6×1.0 22 6.75 9 9 11.1 4.9 4.9 1.44 19 19
8 22 53 42 M8×1.25 25 9 12 10.4 12.7

0.5

6.86 6.86 2.69 32 32
10 26 61 48 M10×1.5 29 10.5 14 12.9 15.2 10.8 9.41 4.16 54 54

10A M10×1.25 - - - -
12 30 69 54 M12×1.75 33 12 16 15.4 17.6 16.7 11 5.88 85 85
14 34 77 60 M14×2.0 36 13.5 19 16.9 19.2

0.7

20.6 15.2 6.61 126 126
14A M14×1.5 - - - -
16 38 85 66 M16×2.0 40 15 21 19.4 19.4 25 20.2 8.33 185 185
18 42 93 72 M18×2.5 44 16.5 23 21.9 - 29.4 - - 260 -

18A M18×1.5 21.9 25.2 11.52 258
20 46 101 78 M20×1.5 47 18 25 24.4 - 34.3 27.8 - 340 -
22 50 109 84 M22×1.5 51 20 28 25.8 41.2 35.9 - 435

E 1Steel, 2Lubrication Free,3Stainless Steel Oil Free ENo Grease Fitting for PHSO(L)5 ~ 6.

T

L

D

D

D1

2

1

B

B1

d

d
H7

L

L

MxPW

r

1

 0
-0.2

Ø

Tapped Type Threaded Type

Order 
Quantity

Standard Service Non-Standard Service

Regular Quantity Large Quantity

Quantity 1~30 31~
Days to ship Standard To be quoted

d

Days to Ship

Steel Lubrication Free Stainless Steel Oil Free

Tapped Threaded Tapped Threaded Tapped Threaded

Right-Hand Thread Left-hand Thread Right-Hand Thread Left-hand Thread Right-Hand Thread Left-hand Thread Right-Hand Thread Left-hand Thread Right-Hand Thread Left-hand Thread Right-Hand Thread Left-hand Thread

PHSC PHSCL PHSO PHSOL PHSCM PHSCLM PHSOM PHSOLM PHSS PHSSL PHSOS PHSOSL

3 - - - -

Stock

Stock 3 Days

3 Days

4 - - - - 3 Days Stock
5

Stock
Stock

3 Days 3 Days

Stock

3 Days 3 Days 3 Days 3 Days 3 Days
6

Stock Stock Stock
3 Days 3 Days 3 Days 3 Days

8 3 Days 3 Days 3 Days 3 Days
10 3 Days 3 Days 3 Days 3 Days

10A 3 Days 3 Days 3 Days - - - - - - - -
12 Stock Stock Stock Stock 3 Days 3 Days 3 Days 3 Days 3 Days 3 Days 3 Days
14 3 Days 3 Days 3 Days

3 Days

3 Days 3 Days 3 Days 3 Days 3 Days
14A

Stock

3 Days - - - - - - - -
16 Stock Stock Stock 3 Days 3 Days 3 Days 3 Days 3 Days 3 Days 3 Days
18

3 Days 3 Days

- - - - - - - -
18A 3 Days 3 Days 3 Days 3 Days
20 - - - - - - - -
22 - - - - - - - -

 ESame day Shipment available on your requast. > P.81

I Tolerance of B Dimension and B ~ 1 Dimensions

Type B B~1
0~-0.1 ±0.1

2 +0.1~-0.4 0~-0.1
3 ±0.3 0~-0.13

類似品比較ポイント   Compact D dimension. RoHS Compliant.
 CAD Data Folder Name: 50_Cylinders

CADCAD
2D
3D

Rod End Bearings
- Standard Type -

 Comparing points of Similar Products 

2418

Part Number (Type ∙ d)

C-PHSC8

Type
Tapped Type Threaded Type MMaterial

Right-Hand Thread Left-hand Thread Right-Hand Thread Left-hand Thread Holder Spherical Inner Ring Bushing (Liner)

1 Steel C-PHSC C-PHSCL C-PHSO C-PHSOL C45 (Trivalent Chromate) GCr45 H62
2 Lubrication Free C-PHSCM C-PHSCLM C-PHSOM C-PHSOLM C45 (Trivalent Chromate) GCr45 PTFE

Part Number
D D1

D2
L

L1 M×P l B B1 T W d1 (r)
Static Load Capacity 

Radial Cs {kN}
Mass

Type d
1 2 1 2 1 2 1 2 1 2

Tapped Type 5 16 19 8.5 9 11 35 36.5 27 M5×0.8 10 6 8 4 9 7.7

0.3
~

0.5

5.7 6 16 18

6 18 21 10 10 13 39 40.5 30 M6×1.0 12 6.75 9
5

11 8.96 7.2 7.65 22 26

Right-Hand Thread
C-PHSC
C-PHSCM

Left-hand Thread
C-PHSCL
C-PHSCLM

8 22 25 12.5 12.5 16 47 48.5 36 M8×1.25 16 9 12 14 10.4 11.6 12.9 47 47

10
26

29
15

15
19 56

57.5
43

M10×1.5
20 10.5 14

6.5
17 12.9 14.5

18
77

77

10A - - - M10×1.25 - -

12 30 33 17.5 17.5 22 65 66.5 50 M12×1.75 22 12 16 19 15.4 17 24 100 100

14
34

-
20

-
25 74

-
57

M14×2.0
25 13.5 19

8 22
16.9 24

-
160

-

14A - - - M14×1.5 - -

16 40 43 22 22 27 84 85.5 64 M16×2.0 28 15 21 19.4 28.5 39 220 220

E 1Steel, 2Lubrication Free

Q Comparison with Quality Products

C-VALUE Products Quality Products

RoHS Non-Compliant Compliant

Dimension * D Dimension Thick D Compact

Static Radial Cs High Standard

Clearance (Gap) Equivalent

Ball Movement Equivalent

Tensile Strength Equivalent

E * For details of dimensions, refer to the specification table.

Part Number D L
L1 M×P l B

B1 d1 (r)
Static Load Capacity Radial Cs {kN} Mass

Type d 1 2 1 2 1 2 1 2 1 2

Threaded Type 5 16 19 41 42.5 33 M5×0.8 20 6 6 8 7.7

0.3
~

0.5

5.7 6 13 14

Right-Hand Thread
C-PHSO
C-PHSOM

Left-hand Thread
C-PHSOL
C-PHSOLM

6 18 21 45 46.5 36 M6×1.0 22 6.75 6.7 9 8.96 7.2 7.65 20 20

8 22 25 53 54.5 42 M8×1.25 25 9 9 12 10.4 11.6 12.9 30 38

10 26 29 61 62.5 48 M10×1.5 29 10.5 11 14 12.9 14.5 18 55 55

12 30 33 69 70.5 54 M12×1.75 33 12 12 16 15.4 17 24 85 85

14 34 37 77 78.5 60 M14×2.0 36 13.5 14 19 16.9 24 31 140 140

16 40 43 86 87.5 66 M16×2.0 40 15 15 21 19.4 28.5 39 210 210

E 1Steel, 2Lubrication Free

W

l
d

B

B1

1

MxP

T

D

d
H7

L

L

1D1

D2

(r)

1Steel Type 2Oil Free Type 1Steel Type 2Oil Free Type

l

MxP

B1

B

d
H7

L1

D

L

d1

(r)

Right-hand Thread
PHSCM

LBRFN (                     )

Left-hand Thread
PHSCLM

P.2419
Rod End Bearing Coupling Rod

Right-hand Thread
PHSCM

P.2365MSCCA (                      )

Threaded TypeTapped Type

Order 
Quantity

Standard Service Non-Standard Service

Regular Quantity Large Quantity

Quantity 1~30 31~
Days to ship Standard To be quoted

Days to Ship

d

1Steel 2Lubrication Free

Tapped Threaded Tapped Threaded

Right-Hand Thread Left-hand Thread Right-Hand Thread Left-hand Thread Right-Hand Thread Left-hand Thread Right-Hand Thread Left-hand Thread

C-PHSC C-PHSCL C-PHSO C-PHSOL C-PHSCM C-PHSCLM C-PHSOM C-PHSOLM

5

Stock

Stock Stock

- - - - -

6

Stock Stock Stock Stock

Stock

8
Stock

10

10A - - - - - - -

12
Stock Stock

Stock Stock Stock Stock Stock

14 - - - - -

14A - - - - - - -

16 Stock Stock Stock Stock Stock Stock Stock

ESame day ship service is available upon requast. 
 EStock Lineup may vary by country. Check on the Web. D P.81  

類似品比較ポイント   RoHS Directive unchecked.
 CAD Data Folder Name: 50_Cylinders

CADCAD
2D
3D

Rod End Bearings

 Comparing points of Similar Products 
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